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EATON CORPORATION

EF.T-N

DIMENSIONS ARE IN MILLIMETERS AFTER PLATING, DIMENSIONS AND TOLERANCES IN ACCORDANCE WITH ASME Y14.5M—1994. SEE NOTES FOR TOLERANCES.
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