
 

 

 

 

SUCTION STRAINER 
Series   ASF 25 - 275   DN 15 - 50 

 

Sheet No. 

1701 L  

EDV 08/12 

Symbol 

 

1. Type index: 
 

1.1. Complete filter: (ordering example) 
 

ASF. 165. 25G 
1 2 3 

 

  1 series: 

 ASF = suction strainer 
  2 nominal size: 25, 40, 60, 90, 165, 275 

  3 filter-material and filter-fineness: 
ilter fineness:  25 G = 25 m, 80 G = 80 m,   

 130 G = 130 m  stainless steel wire mesh 
 
 
 
 
 
 
 

 

2. Dimensions: 
 

type A B C width across F weight kg 

  ASF 25 G ½  117 50 27 250 0,13 

  ASF 40 G ¾  138 68 36 520 0,24 

  ASF 60 G 1 195 68 41 780 0,32 

  ASF 90 G 1 ¼ 186 88 50 840 0,40 

  ASF 165 G 1 ½  199 102 70 1540 0,68 

  ASF 275 G2 244 102 70 2110 0,75 
 

F = filter surface in cm² 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
               
 
 
 
                       Changes  of measures and design are subject to alteration! 
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